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Product description
Description Media module for MACH 40001000BASE-X with SFP sockets (nicht MACH4002-

48+4G) 
Port type and quantity 8 x 100/1000 BASE-X using M-FAST SFP (100MBit/s) or M-SFP (1000MBit/s)

transceiver 
Type M4-GIGA 8-SFP 
Order No. 943 879-001 
Service
Diagnostics LEDs (power, link status, data, full duplex, ring port, LED test) 
Technical data
Operating voltage power supply via the backplane of the MACH 4000 switches 
Operating temperature 0ºC to +60ºC 
Power consumption 15 W 
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