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DX1091 DX1093

� Aluminium Bezel, Clear
Anodised Finish

� IP66 Front Panel Sealed
� Prominent or Recessed Style
� Choice of LED Types and

Colours

ALUMINIUM BEZEL - IP66 SEALED

� Aluminium Bezel, Black
Anodised Finish

� IP66 Front Panel Sealed
� Prominent or Recessed Style
� Choice of LED Types and

Colours

ALUMINIUM BEZEL - IP66 SEALED

5mm LED Indicators
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DX1090 DX1092

RoHS

Specification DX1090, DX1092/Colour/Options DX1091, DX1093/Colour/Options

Materials: Aluminium - Black Aluminium - Clear

Style: Recessed (DX1090) Recessed (DX1091)
Prominent (DX1092) Prominent (DX1093)

Operating Temp. Range: Dependent on LED used Dependent on LED used

Storage Temperature: Dependent on LED used Dependent on LED used

Sealing (Front of panel): Protection Classification IP66 to Protection Classification IP66 to
BS EN60529: 1992 BS EN60529: 1992

Tightening Torque: 0.056Nm (8ozf.in.) min 0.056Nm (8ozf.in.) min

Lead Solder Time: 260ºC for 5 seconds max. 260ºC for 5 seconds max.

LED Colours: /RD (Red), /GN (Green), /YL (Yellow), /RD (Red), /GN (Green), /YL (Yellow),
/BL (Blue), /TR (Tri Colour), /BL (Blue), /TR (Tri Colour),
/D1 (Dual Colour - Red/Green), /D1 (Dual Colour - Red/Green),
/D2 (Dual Colour - Red/Amber), /D2 (Dual Colour - Red/Amber),
/D3 (Dual Colour - Green/Amber) /D3 (Dual Colour - Green/Amber)

LED Options: /02 (Flashing, Green or Red only) /02 (Flashing, Green or Red only)

Thread Size: 0.312" x 32TPI 0.312" x 32TPI

See Page 171 for LED options and specifications

Compliant Compliant
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