
For Counting Instruments You Can Rely On, 
Count On Veeder-Root

A family of low cost, compact analog iput panel meters with a full array of 
features for any industrial application.

Feature: Compact 39 x 75mm front panel
Benefit: Allows for more metering in the same size or smaller panel

Feature: Wide selection of output and communiction modules available
Benefit: Allows for configuring the FLEX MINI to your exact process 
requirements

Feature: Available in standard DC plus optional AC universal power supply
Benefit: Allows for installation with all popular control panel voltages
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FLEX MINI

FLEX MINI Model Number Description
Series RFMV00 / RFMV00R* DC Volt Meter (0-200 mV, 2V, 20V, 200V)

RFMI00 / RFMI00R* DC Current Meter (0-200 μA, 2mA, 20mA, 200mA)
RFMP00 / RFMP00R* Process Input Meter (0-10 VDC, 0/4-20 mA, 0-50mA)
RFMT00 / RFMT00R* Thermocouple Input Meter (types T, E, J, K, R, S, B, N, or mV)
RFMR00 / RFMR00R* RTD Input Meter (Pt 385, Pt 392, Ni 672, Cu 427)

Accessories RFMRL00 Single Relay Output Card
RFMSK00 Dual Sinking Output Card
RFMCOMM RS485 Serial Communications Card
RFMPS1 Flex Mini Power Supply, 85-250 VAC

* Reflective display (others backlit red or green)


