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TE CONNECTIVITY (TE)

SKT ASSY, SHUR,INS, 4 MM DIA, 22-16 AWG
SHUR-PLUG | SHUR-PLUG

141456-1
TE Internal Number: 141456-1
Alias ID: A10184-000,  AMPS-0-0141456-1

Always EU RoHS/ELV Compliant

Terminal Style  Shur-Plug Receptacle

Pin Diameter 3 mm [ .1179 in ]

Wire Insulation Diameter (Max) 3.3 mm [ .13 in ]

Heavy Duty  No

Wire Size (AWG) 20 – 16
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Barrel Type   Closed Barrel

Wire/Cable Type   Regular Wire

Insulated   Yes

Insulated Wire Support   Yes

Support Style   Insulation Support

Plating Material   Tin

Double Wire   No

Sleeve Material   Copper

Insulation Sleeve Material   Nylon

Terminal Style   Shur-Plug Receptacle

Pin Diameter  3 mm [ .1179 in ]

Terminal Orientation   Straight

Bullet Terminal   Without

Wire Insulation Diameter (Max)  3.3 mm [ .13 in ]

Wire Size (AWG)  20 – 16

Wire Size (mm²)  .5 – 1.31

Overall Length  25 mm [ .9825 in ]

Heavy Duty   No

Packaging Method   Box

Packaging Quantity   1000

Barrel Color   Red
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