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Wall-Mount Cabinets
ultRX™ FibeRglass type 4X WiFi Cabinet and aCCessoRies

ultrX™ WiFi, type 4X

inDustry stanDarDs

UL 508A Listed; Type 4, 4X, 12, 13; File No. E61997
cUL Listed per CSA C22.2 No 94; Type 4, 4X, 12, 13; File No. 
E61997
Enclosure flammability rating per UL 508
Window flammability rating per UL 508

NEMA/EEMAC Type 4, 4X, 12, 13
CSA File No. LR42186: Type 4,4X, 12, 13
IEC 60529, IP66
Cabinets with solid doors are plenum rated.

appliCation
Ideal for locations such as tunnels, floor vaults, marinas, outside 
walls or rooftops, the lightweight ULTRX™  fiberglass WiFi cabinet 
does not impede WiFi or WLAN signals and has optional rack angles 
that can be added to support 19-in. rack-mount equipment.

Features
•  Fiberglass is easily punched, drilled, filed or sawed
•  Seamless foam-in-place gasket assures watertight and dusttight 

seal
•  Enclosure may be rotated 180 degrees for left and right hinging
•  Molded-in drip shields are standard with each enclosure
•  Door opens 180 degrees
•  Replaceable breakaway hinges
•  Keylocking handle standard
•  Molded-in DIN bosses
•  Molded bosses on door provide additional mounting provisions
•  Integral mounting rails provide infinite panel adjustment front to 

back
•  Optional data pocket is high-impact thermoplastic 

speCiFiCations
•  Enclosure and door made of molded fiberglass polyester that 

resists chemicals and temperature change
•  Impact-resistant polycarbonate window is permanently bonded 

in place
•  Fiberglass mounting brackets and stainless steel attachment 

screws are provided with each enclosure
•  Includes a 3/4-in. plywood panel for mounting equipment

FinisH
Exterior surface painted light-gray acrylic enamel for enhanced UV 
protection.
Bulletin: DWS12

Standard Product 

Catalog Number AxBxC mm/in. Door Type

Internal
Dimensions
A x B x C 
mm/in. Panel

Panel Size
D x E 
mm/in. 

Mounting
G x H 
mm/in.

Window
Size
M x N 
mm/in.

F 
mm/in.

J 
mm/in.

K 
mm/in.

P 
mm/in.

Q 
mm/in.

R 
mm/in.

S 
mm/in.

T 
mm/in.

DU606030P 608 x 595 x 321 
23.94 x 23.44 x 12.64

Solid 608 x 595 x 321
23.94 x 23.44 x 12.64

A24P24WD 533 x 533
21.00 x 21.00

555 x 568
21.86 x 22.36

498 x 486
19.62 x 19.12

287
11.31

500
19.68

21
0.81

62
2.43

68
2.68

56
2.21

489
19.25

489
19.25

DU606030WP 608 x 595 x 321 
23.94 x 23.44 x 12.64

Window 608 x 595 x 321
23.94 x 23.44 x 12.64

A24P24WD 533 x 533
21.00 x 21.00

555 x 568
21.86 x 22.36

498 x 486
19.62 x 19.12

287
11.31

500
19.68

21
0.81

62
2.43

68
2.68

56
2.21

489
19.25

489
19.25

Wood panel included with enclosure.  Optional steel panels must be ordered separately.
Window size applies to window door cabinets only.


