Absolute Maximum Rating at TA = 25°C
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Parameter Symbol| Absolute Maximum Rating Unit
Forward Current IF 50 mA
Power Dissipation PD 6 w
Electrostatic Discharge ESD 120 V
Operating Temperature Topr -25~+60 °C
Storage Temperature Tstg -40~+80 °C

REV. DESCRIPTION/ECO NO. DATE
RELEASE & CANCEL PL-0809-08 10/8/08
A [ ADD COLOR TEMPERATURE 6/22/10
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Electrical/Optical Characteristics at TA = 25°C
Parameter Symbol| Condition | Min | Typ | Max | Unit
Forward Voltage DC VF IF=30mA | 10 12 16 V
. -- 10420 -- X
Color Coordinates X, Y IF =30mA
-- 10420 -- y
Color Temperature K -- -- 13000 -- K
Luminous Flux oV IF = 30mA -- 21 -- Lm
Recommend Forward Voltage | (rec) -- -- 12 -- |VOLTS

METRIC DIMENSIONS ARE IN
MILLIMETERS (INCH) JK
“Tosmmie pusss L. components corPORATION
THIRD ANGLE 1PL+- REF. TLE T-1 3/4 FLATWEDGE 12V DC!
2PL +-
PROJECTION ANGLE +- 0 3 LED, WARM WHITE
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