BILL OF MATERIALS REVISIONS
DET. [ QTY. | PART NO. DESCRIPTION MATERIAL PLATING DWG. NO. SYM | DESCRIPTION FEYTEP] DATE | APPR
1 1 [ SEE TABLE PLUG S/A BRASS 360 | SEE TABLE SEE TABLE | | | |
2 1| SEE TABLE | TOP HOUSING ZINC SEE TABLE X19-1
3 1| SEE TABLE HOUSING BRASS SEE TABLE X19-4
1.525
REF. 226
1 REF. \|m
DET 1 DET 2 DETAL 3 A"
= PARTH FINISH PART# FINISH PART# FINISH
RFQPBGG | RFQP—0GG | GOLD X192G GOLD X194B  |BLK NICKEL| .300
RFQPBGG270 | RFQP—0GG |  GOLD X1926 GOLD X194B |BLK NICKEL| .270 ﬁ
RFQPBGG322 | RFQP—OGG |  GOLD X1926 GOLD X194B  |BLK NICKEL| .322 - = =
RFQPBGG375 | RFQP—OGG |  GOLD X192G GOLD X194B  |BLK NICKEL| .375 \
RFQPBGG390 | RFQP—0GG |  GOLD X192G GOLD X194B  [BLK NICKEL| .390
RFQPBNN [ RFQP—ONN [ NICKEL X192N NICKEL X194B [BLK NICKEL| 300
RFQPBNN322 | RFQP—ONN | NICKEL X192N NICKEL X194B |BLK NICKEL| .322
RFQPBNN375 | RFQP—ONN | NICKEL X192N NICKEL X194B [BLK NICKEL| 375
RFQPBNN375 | RFQP—ONN | NICKEL X192N NICKEL X194B  [BLK NICKEL| .375
RFQPBNN390 | RFQP—ONN | NICKEL X192N NICKEL X194B |BLK NICKEL| .390
RFQPGGG | RFQP—QGG |  GOLD X1926 GOLD X1946 GOLD .300
RFQPGGG322 | RFQP—OGG |  GOLD X192G GOLD X194G GOLD .322
RFQPGGG340 | RFQP—0GG |  GOLD X192G GOLD X194G GOLD .340
RFQPGGG375 | RFQP—OGG GOLD X1926 GOLD X194G GOLD .375 7/16-20 UNF-2B
RFQPGGG390 | RFQP—OGG |  GOLD X1926 GOLD X1946 GOLD .390 THD
RFQPNGG | RFQP—0GG | GOLD X192G NICKEL X194N NICKEL .300
RFQPNGG322 | RFQP—OGG |  GOLD X192G NICKEL X194N NICKEL .322 3
RFQPNGG340 | RFQP—OGG |  GOLD X192G NICKEL X194N NICKEL .340
RFQPNGG375 | RFQP—OGG |  GOLD X1926 NICKEL X194N NICKEL .375
RFQPNGG390 | RFQP—OGG |  GOLD X192G NICKEL X194N NICKEL -390
RFQPNGN [ RFQP—OGN | GLD/NKL X192N NICKEL X194N NICKEL .300
RFQPNGN322 | RFQP—OGN | GLD/NKL X192N NICKEL X194N NICKEL .322 T ]
RFQPNGN340 | RFQP—OGN | GLD/NKL X192N NICKEL X194N NICKEL .340 BRRREEEEE
RFQPNGN375 | RFQP—OGN | GLD/NKL X192N NICKEL X194N NICKEL .375 500
RFQPNGN390 | RFQP—OGN | GLD/NKL X192N NICKEL X194N NICKEL -390 :
RFQPNNN [ RFQP—ONN [ NICKEL X192N NICKEL X194N NICKEL .300 mmnmu \\l
RFQPNNN322 [ RFQP—ONN [ NICKEL X192N NICKEL X194N NICKEL .322 ’
RFQPNNN340 [ RFQP—ONN [ NICKEL X192N NICKEL X194N NICKEL -340
RFQPNNN375 [ RFQP—ONN [ NICKEL X192N NICKEL X194N NICKEL -375
RFQPNNN390 [ RFQP—ONN [ NICKEL X192N NICKEL X194N NICKEL -390 %
RFQPNNN260 | RFQP—ONN | NICKEL XT92N NICKEL XT94N260  NICKEL .260
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RFQP Electronic Connectors and Hardware
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