Professionally approved products.
Datasheet
Milling Vice

RS Stock number 105-192

Description:

General purpose cross vice, with 72mm width steel jaws.

When used with a pillar drill will turn it into a light vertical milling machine

Easy wind movement in two directions
Hardened and ground steel jaws

Specifications:

Jaw Depth:
Jaw Opening:
Jaw Width:
Mounting:
Type:
Weight:

39 mm

94 mm

102 mm
Bolts
Milling Vice
10 kg


http://uk.rs-online.com/web/p/bench-hand-vices/0105192/?searchTerm=105192&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D31303531393226
http://uk.rs-online.com/web/p/bench-hand-vices/0105192/?searchTerm=105192&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D31303531393226
http://uk.rs-online.com/web/p/bench-hand-vices/0105192/?searchTerm=105192&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D31303531393226

Professionally approved products.

NO.| DESCRIPTION [QTY[NO.| DESCRIPTION |QTY|NO.| DESCRIPTION |QTY
1 HANDLE 2 9 BASE 1 | 17 |CENTRAL SLIND BAR| 1
2 NUT 2 | 10 BUSHING 1] 18 MID — BASE 1
3 BUSHING 111 BRACKET 1119 LOCK SCREW 4
4 SCREW 3 |12 LEAD SCREW 1 | 20 | UPPER—BASE 1
5 BRACKET 1 |13 NUT 112 LEAD SCREW 1
68 LOCK SCREW 4 | 14 GIB 2 | 22 SLIDE 1
7 SCREW 1|15 SCREW 6 | 23 JAWPLATE 2
8 LEAD SCREW 1] 16 NUT 6




