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Environmental conditions
Ambient temperature -20…60 °C

General data
Use for retro-reflective sensor 

Laser
Version Cube corner 0.9 mm

Material
Housing material ABS
Material sensing surface PMMA

Mechanical data
Dimension Ø 19 x 14.6 mm
Fastening detail Nut M3
Sensing surface 1.9 cm²

Optical data
Light type non-polarized light, also for 

polarized light

Remarks
The degree of reflection is at maximum for vertical light infall.


	Environmental conditions
	General data
	Material
	Mechanical data
	Optical data
	Remarks
	The degree of reflection is at maximum for vertical light infall.

