
• Great aesthetics and superb sound at a great price point.
• Designed with premium specifications and stylishly cut cabinets, 
 these weather resistant speakers deliver the performance and quality 
 customers have come to expect from Speco Technologies.
• Extreme performance in extreme weather conditions

All-Weather Extreme (AWX) Series Indoor/
Outdoor Speakers, with Transformers
SP5AWXT  5.25” speaker with transformer, black housing (sold in pairs)

SP5AWXTW  5.25” speaker with transformer, off-white housing (sold in pairs)

SP6AWXT  6.5” speaker with transformer, black housing (sold in pairs)

SP6AWXTW  6.5” speaker with transformer, off-white housing (sold in pairs)

SP8AWXT  8” speaker with transformer, black housing (sold individually)

SP8AWXTW  8” speaker with transformer, off-white housing (sold individually)

Features

Speco Technologies is constantly developing and improving products.
We reserve the right to modify product design and specifications without notice 
and without incurring any obligation. Spec Rev. 1/22/15

800-645-5516 • Fax: 631-957-9142 or 631-957-3880 • specotech.com

Specifications SP5AWXT/ SP5AWXTW SP6AWXT/SP6AWXTW SP8AWXT/SP8AWXTW
RMS Power ...................................... 40W 50W 100W
Max. Power....................................... 80W  100W 200W
Transformer Type .............................. 70V 70V 70V
Transformer Power Taps .................. 40W, 20W, 10W, 5W,  50W, 25W, 12.5W, 100W, 50W, 25W, 
   2.5W, & 8 Ohms 6W, 3W, & 8 Ohms 12.5W, & 8 Ohms
Termination Type .............................. Press terminal Press terminal Press terminal
Sensitivity (1W/1M) ........................... 88dB 90dB 92dB
Maximum SPL (Pmax/1m) ................ 94dB 96dB 98dB
Driver Impedance ............................. 8 Ohms 8 Ohms 8 Ohms
Magnet.............................................. 6.4 oz. ferrite 10 oz. ferrite 22 oz. ferrite
Frequency Response Range .............. 75Hz ~ 20KHz 60Hz ~ 20KHz 50Hz ~ 20KHz
Dispersion@100Hz .......................... 120º conical 120º conical 120º conical 
Temperature Range .......................... -4º F – 140º F -4º F – 140º F -4º F – 140º F
Driver ................................................ 5.25” polypropylene,  6.5” polypropylene,  8” polypropylene,  
   0.75” silk tweeter 1” silk tweeter 1” silk tweeter 
Speaker Dimensions ........................ 6” (W) x 9” (H) x 6.25” (D) 7” (W) x 11” (H) x 6.75” (D) 8.25” (W) x 13” (H) x 8.25” (D) 
Weight .............................................. 5.3 lbs. 6.6 lbs. 10.5 lbs.
Material ............................................. Body: polypropylene +  Body: polypropylene + Body: polypropylene + 
   calcium carbonate calcium carbonate calcium carbonate 
   Grille: Aluminum Grille: Aluminum Grille: Aluminum 
Color ................................................. Black / Off-White Black / Off-White Black / Off-White 
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