
Specifications
Image Sensor .............................1/3” 960H CCD
Resolution...................................700 TV lines
Minimum Illumination ..................1.0 lux 
Electronic Shutter .......................Auto: 1/60 sec. - 1/100,000 sec.
S/N Ratio ....................................More than 46dB
Video Output ...............................1.0Vp-p / 75 ohms
Power Consumption ...................120mA (non-operating PIR), 
   130mA (operating PIR)
Power Supply .............................12VDC (UL & CSA listed power supply included)
Operating Temperature ...............14° F ‒ 122° F
Housing ......................................White ABS plastic with mount
Dimensions .................................2” (L) x 2.75” (W) x 4.75” (H)
Weight ........................................9 oz.

• Camera encased in non-working or working PIR
• Fully adjustable wall/ceiling mount included
• 5 year warranty

Color CCTV Camera in Non-Operating or 
Operating PIR Housing

VL565PIR  3.6mm pinhole lens, non-operating PIR, white housing

VL572PIR  3.6mm pinhole lens, operating PIR, white housing

Features

Speco Technologies is constantly developing and improving products. We reserve the right to modify product design and specifications 
without notice and without incurring any obligation. Spec Rev. 1/28/15
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