
      IP 44,  IP 66/67-55 mobile sockets

340-341a

n Characteristics
External screws in stainless steel - Nickel-plated contacts
Icc 10 kA according to IEC 60309-1

n Dimensions

Mobile sockets IP 44 - LV and ELV 16 - 32 A
Terminal connections:
• LV 16 A: 1 x 2.5 mm2 max. flexible 
• LV 32 A: 1 x 6 mm2 max. flexible 
• ELV 16/32 A: 1 x 10 mm2 max. flexible
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Mobile sockets IP 66/67-55

LV 16 - 32 A
Terminal connections: 
• LV 16 A: 1 x 2.5 mm2 max. flexible 
• LV 32 A: 1 x 6 mm2 max. flexible
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LV 63 A
Terminal connection:  
1 x 16 mm2 max. flexible

IP 66/67-55 

"CLAC"

IP 66/67 obtained with 
the ring locked

When connected:  
IP 55 guaranted with the 
cover closed on the plug 
(with a pair of Hypra IP 
66/67-55 products)

When not connected  
IP 55 assured when 
cover is closed;  
IP 66/67 obtained with 
the ring locked

Complete range from 16 A to 125 A: IP 55 (minimum) guaranted

Material
Weight Dimensions (mm) Ø clamping

(kg) A B C D and grip

LV 16 A

2P+E
Plastic 0.170 147 54.5 74 55 8 to 15

Rubber 0.250 147 58 74 61 8 to 15

3P+E
Plastic 0.200 151 61.5 81 60 8 to 15

Rubber 0.285 151 65 81 66 8 to 15

3P+N+E
Plastic 0.245 172 69.5 90 66 10 to 18

Rubber 0.335 172 72.5 90 72 10 to 18

LV 32 A

2P+E
Plastic 0.300 177 71 93 70.5 10 to 18

Rubber 0.400 177 74.5 93 76.5 10 to 18

3P+E
Plastic 0.300 177 71 93 70.5 12 to 22

Rubber 0.400 177 74.5 93 76.5 12 to 22

3P+N+E
Plastic 0.350 183 77.5 100 77 12 to 22

Rubber 0.475 183 80.5 100 83 12 to 22

LV 63 A

2P+E
Plastic 0.700 273 96 119 - 16 to 26

Rubber 1.200 273 110 124 - 16 to 26

3P+E
Plastic 0.770 273 96 119 - 18.5 to 29

Rubber 1.300 273 110 124 - 18.5 to 29

3P+N+E
Plastic 0.830 273 96 119 - 20.5 to 32

Rubber 1.400 273 110 124 - 20.5 to 32

ELV 16/32 A
2P / 3P Plastic 0.190 148 54.5 74 55 8.5 to 22

2P Rubber 0.240 148 58 74 61 8.5 to 22

Material
Weight Dimensions (mm) Ø clamping

(kg) A B C and grip

LV 16 A
2P+E Plastic 0.180 150 72.5 75.5 8 to 15

3P+E Plastic 0.215 154 81 86 8 to 15

3P+N+E Plastic 0.275 169 86.5 89 10 to 18

LV 32 A
2P+E Plastic 0.320 179 94.5 99 10 to 18

3P+E Plastic 0.320 179 94.5 99 12 to 22

3P+N+E Plastic 0.375 185 101 105 12 to 22

LV 63 A
2P+E Plastic 0.780 278 113.5 119 16 to 26

3P+E Plastic 0.850 278 113.5 119 18.5 to 29

3P+N+E Plastic 0.910 278 113.5 119 20.5 to 32

Weight Ø clamping
(kg) and grip

125 A
3P+E 1.800 24 to 48

3P+N+E 2.000 28 to 48



      IP 44 and IP66/67-55 straight and angled plugs
LV 16 to 125 A and ELV 16 and 32 A

340-341b

Angled plugs IP 44 

LV and ELV 16 and 32 A LV 63 A

n Characteristics

External screws in stainless steel - Nickel-plated contacts
Terminal connection: 
• LV 16 A: 1 x 2.5 mm2 max. flexible 
• LV 32 A: 1 x 6 mm2 max. flexible 
• LV 63 A: 1 x 16 mm2 max. flexible 
• LV 125 A: 1 x 50 mm2 max. flexible
• ELV 16/32 A: 1 x 10 mm2 max. flexible

n Dimensions

Straight plugs IP 44

LV and ELV 16/32 A LV 63 A

Straight plugs IP 66/67-55

LV 16/32 A

Straight plugs IP 66/67-55

LV 63 A LV 125 A
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Angled plugs IP 66/67-55

LV 16-32 A - plastic
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Material
Weight Dimensions (mm) Ø clamping

(kg) A B C D and grip

LV 16 A

2P+E
Plastic 0.150

135 100 57 55 8 to 15
Metal 0.365

Rubber 0.205 135 100 60 61 8 to 15

3P+E
Plastic 0.175

139 103 65 60 8 to 15
Metal 0.425

Rubber 0.260 139 103 68 66 8 to 15

3P+N+E
Plastic 0.210

154 118 73 66 10 to 18
Metal 0.535

Rubber 0.300 154 118 77 72 10 to 18

LV 32 A

2P+E
Plastic 0.260

164 119 78 70,5 10 to 18
Metal 0.645

Rubber 0.360 164 119 81 76,5 10 to 18

3P+E
Plastic 0.260

164 119 78 70,5 12 to 22
Metal 0.645

Rubber 0.360 164 119 81 76,5 12 to 22

3P+N+E
Plastic 0.300

170 125 86 77 12 to 22
Metal 0.685

Rubber 0.415 170 125 89 83 12 to 22

LV 63 A

2P+E
Plastic 0.580 255 188.5 - 102 16 to 26

Rubber 0.900 255 188.5 - 110 16 to 26

3P+E
Plastic 0.640 255 188.5 - 102 18.5 to 29

Rubber 0.980 255 188.5 - 110 18.5 to 29

3P+N+E
Plastic 0.700 255 188.5 - 102 20.5 to 32

Rubber 1.050 255 188.5 - 110 20.5 to 32

ELV 16/32 A
2P Plastic 0.180 142 107 62 55 8.5 to 22

Material
Weight Dimensions (mm) Ø clamping

(kg) A B C D E and grip

LV 16 A

2P+E
Plastic 0.145

136 100 29.5 100 55 8 to 15
Metal 0.395

Rubber 0.230 136 100 29.5 100 61 8 to 15

3P+E
Plastic 0.185

141 105 33.5 105 60 8 to 15
Metal 0.455

Rubber 0.290 141 105 33.5 105 66 8 to 15

3P+N+E
Plastic 0.220

150 114 37.5 114 66 10 to 18
Metal 0.585

Rubber 0.330 150 114 37.5 114 72 10 to 18
LV 32 A

2P+E
Plastic 0.275

161 116 39.5 116 70.5 10 to 18
Metal 0.745

Rubber 0.390 161 116 39.5 116 76.5 10 to 18

3P+E
Plastic 0.275

161 116 39.5 116 70.5 12 to 22
Metal 0.745

Rubber 0.390 161 116 39.5 116 76.5 12 to 22

3P+N+E
Plastic 0.320

167 122 44.5 122 77 12 to 22
Metal 0.790

Rubber 0.435 167 122 44.5 122 83 12 to 22
LV 63 A
2P+E Metal 0.1 243.5 177 51 168 102 16 to 26

3P+E
Metal 1.15 243.5 177 51 168 102 18.5 to 29

Rubber 1.03 243.5 177 51 168 110 18.5 to 29

3P+N+E
Metal 1.25 243.5 177 51 168 102 20.5 to 32

Rubber 1.1 243.5 177 51 168 110 20.5 to 32
ELV 16/32 A
2P Rubber 0.25 131 107 30 107 61 8.5 to 22

Weight Dimensions (mm) Ø clamping
(kg) A D and grip

16 A
2P+E 0.165 135 72.5 8 to 15

3P+E 0.195 139 81 8 to 15

3P+N+E 0.220 154 86.5 10 to 18

32 A
2P+E 0.280 164 94.5 10 to 18

3P+E 0.280 164 94.5 12 to 22

3P+N+E 0.325 170 101 12 to 22
Weight Dimensions (mm) Ø clamping

(kg) A B C D and grip

16 A
2P+E 0.165 136 72.5 29.5 100 8 to 15

3P+E 0.195 141 81 33.5 105 8 to 15

3P+N+E 0.220 150 86.5 37.5 114 10 to 18

32 A
2P+E 0.280 161 94.5 39.5 116 10 to 18

3P+E 0.280 161 94.5 39.5 116 12 to 22

3P+N+E 0.325 167 101 44.5 122 12 to 22

Weight Ø clamping
(kg) and grip

2P+E 0.620 16 to 26

3P+E 0.680 18.5 to 29

3P+N+E 0.750 20.5 to 32

Weight Ø clamping
(kg) and grip

3P+E 1.500 24 to 48

3P+N+E 1.700 28 to 48




