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H series 5000 - round pushButton switChes
 for at least 200 000 MeChaniCal switChing CyCles
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Mechanical life endurance 20e4

Proof tracking 250 Pti

Protection type iP 40 
iP 54 (in variants with sealing cap)

ambient temperature terminal side -20 °c ... +85 °c 
actuating side -20 °c ... +55 °c

flammability ul 94 v-2

Glow wire test temperature 850 °c

Material actuator 
 housing 
 terminals

Pa glass fiber-reinforced 
Pa glass fiber-reinforced 
silver plated

type of fastening Snap fastening

Plug force of the terminals ≤ 64 n

approval marks 7 / 1 / 4

Suitable for appliances of protection class ii

Product featureS

 � Attractive, round pushbutton switch
 � Efficient contact system at least 200 000 mechanical 
switching cycles

 � Variants with sealing cap for IP 54 dust and  
water protection

 � Appliance cut-out with diameter 16 mm,  
alternatively with fixing pin

on requeSt

 � Other colors
 � Actuator printing
 � Snap-on for greater wall thickness
 � Cable assembly
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H series 5000 - round pushButton switChes
 for at least 200 000 MeChaniCal switChing CyCles
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normally open contact (SPno)

5000.0101
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 ¢

5000.0103
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 ¢

5000.0104
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 ¢

5000.0211
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 fixing pin ¢

5000.0212
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 fixing pin

5000.0501
 

 ¢ ¢ ¢
 

2.8 ≥ 3 Ag 2.0 ±0.4 4.0 fixing pin with IP 54 sealing cap ¢

 
 
Basic type 5000

X =  Wall thickness

Quick-connect terminal 2.8 x 0.8 
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