
19" front panels, filler panels

RS stk. no. Schroff p/n Description Height H D X1 X2

7213020 30118-299 3 mm, RAL 7035 1 U 43.6 mm 31.7 mm - -
7213039 30118-301 3 mm, RAL 7035 2 U 88.1 mm 76.2 mm - -

7213032 30118-302 3 mm, RAL 7035 3 U 132.5 mm 57.1 mm - -

7213036 30118-303 3 mm, RAL 7035 4 U 177 mm 101.6 mm - -

7213045 30118-304 3 mm, RAL 7035 5 U 221.4 mm 146 mm - -

7213048 30118-305 3 mm, RAL 7035 6 U 265.9 mm 190.4 mm - -

7213042 30118-306 3 mm, RAL 7035 7 U 310.3 mm 234.9 mm 88.9 mm 57.1 mm

7213051 30118-307 3 mm, RAL 7035 8 U 354.8 mm 279.4 mm 101.6 mm 76.2 mm

7213054 30118-308 3 mm, RAL 7035 9 U 399.2 mm 323.8 mm 101.6 mm 120.6 mm

7213058 30118-309 3 mm, RAL 7035 10 U 443.7 mm 368.3 mm 101.6 mm 165.1 mm


