
RS stk. no. Schroff p/n Height H D X1 X2

7213067 30219-137 7 U 310.3 mm 234.9 mm 88.9 mm 57.1 mm

7213060 30219-138 8 U 354.8 mm 279.4 mm 101.6 mm 76.2 mm

7213064 30219-144 10 U 443.7 mm 368.3 mm 101.6 mm 165.1 mm

19"-front panel


