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Unit Model:
mm

Gen. Tolerance
±0.3mm

Rev Description Date
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Notes:
1. Type:ITO FILM(Anti-Glare Hard Coating T=0.188mm)+
           ITO GLASS(T=1.1mm)+FPC +Housing+ADH
2. Operating VoItage: 3～15V  1mA
3. Operation Temperature:-10℃～60℃
   Storage Temperature:-20℃ ～70℃
4. Life Time: ≥1,000,000 times
5. Connect MateriaI:Housing
6. Linearity:≤1.5%
7. Transmittance: ≥78%
8. Surface Hardness≥3H(PenciI)
9. Operation force:30g～100g
10.Resistance:
      (Anti-glare Hard coating & Anti-Newton
      ring ITO FiIm )x:150Ω ～650Ω
      (Stand ard ITO GIass)y:350Ω ～1000Ω
11.Unspecified Tolerance:±0.20
12.Response Time:≤10ms
13.ROHS must be complied
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