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Item Body 
Material

Shelf 
Pk Qty

Shelf 
Pk lbs

140/120 Stainless Steel 3 3.44

140/190 Stainless Steel 3 4.00

Item Body 
Material

Shelf 
Pk Qty

Shelf 
Pk lbs

130/180 White Heart Malleable Iron 1 3.50

Stainless Steel Hasp 140

• Hasp and hinge pins made of stainless steel

• Tough construction with hardened staple

• Hinge pins protected against attack

• Ideal in combination with Diskus® padlocks

Granit™ Hasp 130

• Two hardened hinge pins

• Tough white heart malleable iron

• Hardened staple

• Includes coach bolts and back plate

Item Body 
Material

Shelf 
Pk Qty

Shelf 
Pk lbs

200/95 Hardened Steel 6 2.15

200/115 Hardened Steel 6 3.00

200/135 Hardened Steel 6 3.25

200/155 Hardened Steel 6 3.45

Hardened Hasp 200

• Hardened steel for extra strength

• Galvanized finish for corrosion protection

• Seamless eye loop prevents prying

• Hidden screws and hinge pins for extra security

Item Body 
Material

Shelf 
Pk Qty

Shelf 
Pk lbs

300/100 Zinc-coated Hardened Steel 6 2.40

300/120 Zinc-coated Hardened Steel 6 3.40

300/140 Zinc-coated Hardened Steel 6 4.40

Hardened Hasp 300

• Hardened steel sliding locking bolt 

• Zinc chrome finish for corrosion protection

• Hidden screws for extra security
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7 ⁵/₆₄”

130/180

³⁵/₆₄” diameter

7 ⅜”

140/190

4 ¹¹/₁₆”

140/120

Staple
Width: ⅝"
Height: ½"
Depth: ⅞"

Staple
Width: ⅝"
Height: ½"
Depth: ⅞"

3 ¹³/₁₆”

200/95

¹⁷/₃₂” diameter

5 ⅜”

200/135

¹⁷/₃₂” diameter

4 ⅝”

200/115

¹⁷/₃₂” diameter
¹⁷/₃₂” diameter

6 ³/₁₆”

200/155

5 ½”

300/140

½” diameter

3 ¹⁵/₁₆”

300/100
4 ¾”

300/120

¹¹/₃₂” diameter ¹³/₃₂” diameter


