
PRODUCT DESCRIPTION:
36 inch x 45 inch mats, 30 layers. 
	 • Superior quality; 
	 • Numbered tabs;
	 •  Adhesive coating;
	 • Multi-layered construction. (0.050 mm per layer);

Applications:

	 Recommended for all controlled environments.

CONTAMINATION CONTROL MATS

DIMENSIONS:

Size Available           	 One size	
Length (cm) – A	 36.0
             (in)	 14.2
Width (cm) – B	 45.0
           (in)	 17.7	

Thickness	   .05 mm	

BARCODE #	  PACK	 CASE      

100-93-364538B	 01616314026102	 02616314026102
100-93-364538W	 01616314026126	 02616314026126
100-93-364538G	 01616314026119	 02616314026119

B

TECHNICAL DATA:
Material: Polyethelene
Color: Blue, white, gray
Available Sizes: 36 x 45 inches
Packaging: 8 pack configurations
Case Dimensions (cm): 92.0 x 116.0 x 2.0 / (in): 36.2 x 45.7 x 0.8
Case Weight: 38.1 lbs / 17.3 kg
Country of Origin/Harmonization Code: Korea/3921.90.5050

Dust Removal: 99.9%
Heat Proof Resistance: 70o C + or - 3o / 48 hours.
Cold Proof Resistance: -13o C + or - 3o / 48 hours.
Weather Condition Resistance: 200 hours

This document is the property of PIP and the information contained herein is proprietary to PIP.

ELONGATION INFORMATION:

Tensile 
Strength 

(minimum)

Elongation 
(minimum)

(Kg/10mm) %

1.4 270
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