
EN 

RS Stock number 161-170 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Description: 
 
Constructed from high grade steel with mirror polish and slip guard  
Two component handle for ease of use 
VDE tested and confirms to IEC 900 1000V 
Made in Germany 
For soft and piano wire (P) 
Precise shaped and power saving special cutting edges for miscellaneous use 
Swedish pattern 
Cutting edge with external bevel 
 
Specifications: 
 
Materials Cut:    Hard Wire, Piano Wire 
Overall Length:   160 mm 
Type:    Diagonal Cutter 
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