
SPECIFICATION SHEET
 

This document and the information contained herein is the property of Protective Industrial Products, Inc. (PIP) and may not be used or reproduced 
without permission. Product users should conduct all appropriate testing or other evaluations to determine the suitability of PIP products for a 
particular purpose or use within a particular environment. PIP DISCLAIMS ALL WARRANTIES OTHER THAN AS EXPRESSLY PROVIDED.

PROTECTIVE INDUSTRIAL PRODUCTS
www.pipusa.com • sales@pipusa.com • (800) 262-5755 • (518) 864-0144 fax 

CLEANTEAM® KNIT NYLON / CARBON 
FIBER ELECTROSTATIC DISSIPATIVE 
(ESD) GLOVE
•  Electrostatic Dissipative (ESD) fiber yarns blended with low 

lint nylon which reduces static build-up on the glove surface for 
improved performance in electronics assembly

•  Seamless knit gloves provide great dexterity
• 15 gauge
• Launderable and reusable without losing ESD properties

APPLICATIONS
• Circuit board manufacturing 
• Munitions 
• Electronics assembly 
• Aerospace

TECHNICAL DATA 
MATERIAL Nylon / Carbon Fiber

COLOR  White

CUFF STYLE Continuous Knit

SIZES S - XXL

PACKAGING 12 pairs per dozen, 25 dozen per case

CASE S: 35cm x 18.5cm x 45cm / 13.8" x 7.3" x 17.7"

M: 35cm x 20cm x 45cm / 13.8" x 7.9" x 17.7"

L: 40cm x 22cm x 45cm / 15.7" x 8.7" x 17.7"

XL: 40cm x 26cm x 45cm / 15.7" x 10.2" x 17.7"

XXL: 44cm x 27cm x 45cm / 17.3" x 10.6" x 17.7”

CASE 
WEIGHT

S M L XL XXL

13 lbs 
5.9 kg

14.1 lbs 
6.4 kg

15.2 lbs 
6.9 kg

16.3 lbs 
7.4 kg

17.2 lbs 
7.8 kg

COO Korea
 
PERFORMANCE PROPERTIES
•  Electrical Surface Resistivity (ASTM D 257:2007): Below 7.5 x 107
• Test Condition: (20+/-2)ºC, (65+/-5)% R.H. 
• Applied Voltage: 500V, 60s

BARCODES
ITEM BAG DOZEN CASE

 40-6410/S --- 01616314001000 02616314001000

 40-6410/M --- 01616314001017 02616314001017

 40-6410/L --- 01616314001024 02616314001024

 40-6410/XL --- 01616314001031 02616314001031

 40-6410/XXL --- 01616314016370 02616314016370

DIMENSIONS (in/cm)

S M L XL XXL

A 7.1 / 18 7.7 / 19.5 8.3 / 21 8.7 / 22 9.3 / 23.5

B 3.5 / 8.9 3.5 / 9 3.7 / 9.3 3.7 / 9.5 3.9 / 9.8

H  Green  Orange  Blue  White  Gray
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