
EN 

RS Stock No. 121-157 

Features: 
 
Ends        : Closed 
Material : Steel Alloy 

RS Stock No. Free Length Outside Diameter Spring Rate Minimum Working Length 

121157 29.5 mm 11.25 mm 4.51N/mm 10.8 mm 

121179 41.5 mm 13.75 mm 2.31N/mm 11.6 mm 

121185 94 mm  17.25 mm 0.72N/mm 18.5 mm 

121191 45 mm  9.6 mm 10.4N/mm 24.8 mm 

121220 53.5 mm 14.1 mm 4.04N/mm 20.1 mm 

121242 110 mm 21.6 mm 0.99N/mm 25.5 mm 

121270 98 mm 18 mm 3.19N/mm 35.9 mm 

121286 135 mm 22 mm 1.63N/mm 38.8 mm 

121292 135 mm  27 mm 1.23N/mm 31 mm 

121315 48.9 mm  15 mm  11.96N/mm 27.4 mm 

751360 15.7 mm 2.75 mm  0.22N/mm 5 mm 

751455 31 mm 4.5 mm 0.54N/mm 14 mm 

751483 20 mm 4.63 mm 2N/mm 11.3 mm 

Specification: 

http://uk.rs-online.com/web/p/compression-springs/0121157/?searchTerm=121-157&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3132312D31353726
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