Professionally approved products.

Datasheet
Black insulated terminal, 4mm socket

RS Stock number 423-201

Description:

Black insulated terminal binding post with a 4mm socket. Panel insulating bushes have a location
keyway, maximum panel thickness 12.7mm. Threaded termination supplied with solder tag washer.
Thread size 4BA (3.6mm or 0.141inch).

* High-quality moulded parts in acetal
* Contact material Nickel plated brass
* Accepts standard 4mm plug in top

* Height above panel: 24mm to 32mm
* Overall dia. 14mm

Specifications:

Colour: Black
Contact: Material Brass
Contact Plating: Nickel
Current Rating: 16A

Gender: Female
Insulation Material: POM

Length: 52.9mm
Termination Method: Solder
Voltage Rating: 50V


http://uk.rs-online.com/web/p/4-mm-test-plugs-sockets/0423201/?searchTerm=423-201&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3432332D32303126
http://uk.rs-online.com/web/p/4-mm-test-plugs-sockets/0423201/?searchTerm=423-201&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3432332D32303126
http://uk.rs-online.com/web/p/4-mm-test-plugs-sockets/0423201/?searchTerm=423-201&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3432332D32303126
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Dimensions
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