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RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Description: 
 
For extracting screws and studs of medium tensile strength. 
5 piece set, includes: 5 Screw Extractors Nos. 1 – 5, range M3 – M18: Slow Spiral. 
Material: Alloy Steel GCR15. 
Hardness: HRC 50-60. 
Housed in a plastic case. 
Please note: Screw Extractors can snap if not used with the appropriate tap wrench. 
 
 
 
 
 
 
 
 
 
 

RS Stock Number 446-853 

Extractor No. Thread Range Overall 
Length mm 

Recommended 
Drill Diameter 

1 M3 – M6 50 2.5mm 

2 M6 – M8 60 3.3mm 

3 M8 – M11 70 4.2mm 

4 M11 – M14 76 5.0mm 

5 M14 – M18 85 6.8mm 

http://uk.rs-online.com/web/p/screw-extractors/0446853/?searchTerm=446853&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B367D247C5E5C647B377D247C5E5C647B31307D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D34343638353326
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