Professionally approved products.

Datasheet
6V ac 2 Output Through Hole PCB Transformer, 6VA

RS Stock number 504-420

Description:

PCB Mounting, Flame Retardant Transformer with Thermal Fuse
Thermal fuse in primary providing overload and short circuit protection
Flame retardant materials to UL94-VO0

Fully shrouded windings

Extra pins for secure board mounting

Designed and tested in accordance with EN 61558 (EN 60742) EN 60950

Euro 6VA PCB Mount, 230v Primary, Short Circuit Proof Transformer Specification

Nominal Input Voltage: 230v +/-10%, 50/60Hz
No-load Input Current @ 230V 50Hz: 35mA (rms) max.



http://uk.rs-online.com/web/p/pcb-transformers/0504420/?searchTerm=504-420&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3530342D34323026
http://uk.rs-online.com/web/p/pcb-transformers/0504420/?searchTerm=504-420&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3530342D34323026
http://uk.rs-online.com/web/p/pcb-transformers/0504420/?searchTerm=504-420&relevancy-data=636F3D3126696E3D4931384E525353746F636B4E756D6265724D504E266C753D656E266D6D3D6D61746368616C6C26706D3D5E5C647B337D5B5C732D2F255C2E2C5D5C647B332C347D2426706F3D313426736E3D592673743D52535F53544F434B5F4E554D4245522677633D4E4F4E45267573743D3530342D34323026

Professionally approved products.

Datasheet
Stock Number Full Load Output Secondary Resistance
Voltage +/-5% @ 6VA Q+/-15% @ 20.C
504420 6+6 2.2 +2.58
504414 9+9 5.3+6.2
504707 12 +12 8.8+10.3
504717 15+ 15 13.5+16.0

Primary Winding Resistance:
Regulation:

Maximum Winding Temperature Rise:

Efficiency:

Iron Loss:

Copper Loss:

Flash Test: Primary/Secondary’s
Windings/Core

Insulation Test: Primary/Secondary’s/Core

Over potential Test:

Core Material:
Winding Wire:
Bobbin and Full Shrouds:
Thermal Fuse:

Overall Insulation Rating:
Finish:

Dimensions:

Pins:

Weight:

* Calculated as Regulation = !VM —EF_L‘)_ x 100%
T

NL

660 Q +/- 15% @ 20 degree C

< 22% typical* for range

55 degree C

>77%

1.2W

1.2W

4.8KV rms For 6 Seconds

2.4KV rms For 6 Seconds

>50MQ @ 500Vdc @ 20.C

460V 500Hz applied across primary,
secondary’s open circuit. (Type Test Only)
M6/35

BS6811 Section 3.1 Grade 1

Split Section, Glass Filled Nylon UL94-V0

130 degree C One Shot thermal fuse in primary
To provide overload and short circuit protection
Class B (130.C)

Class F Stoved Varnish

43mm wide x 33mm high x 36mm deep (nominal)
0.635mm square 5mm long

0.18Kg nominal

All tolerances and production tests in accordance with EN61558 (EN60742)
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