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BULLET TERMINAL DISCONNECT

VM = Flared vinyl without copper sleeve. 1
VH = Flared vinyl with copper sleeve.
FEM = Funnel entry polycarbonate insulator.
FEH = Funnel entry polycarbonate with copper sleeve. le—={D
Insulation Wire Range Dimension Tab Size
Part No.
Color. AWG mm? do L D¢ ¢ AWG mm
371004 VH RED 22-16 1 0.5-1.5 | 4.0 | 20.75 | 4.3 9.8 0.157 4
375004 VH BLUE 16-14 | 1.5-2.5 { 4.0 | 21.0 4.8 9.8 0.157 4
375005 VH BLUE 16-14 | 1.5-2.5 | 5.0 | 21.0 4.8 9.7 0.196 5
373005 VH YELLOW 12-10| 2.5-6.0 | 5.0 | 24.8 6.6 | 13.8 0.196 5
For this item. Aiso available in VM, FEM, and FEH series. If you need more detail specification and any
information.  Please feel free to let us know.
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RECEPTACLE DISCONNECT 3
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VM = Flared vinyl without copper sleeve. -
VH = Flared vinyl with copper sleeve.
FEH = Funnel entry polycarbonate withh copper sleeve.
Insulation Wire Range Dimension Tab Size
Part No.
Color. AWG mm?2 E L Do e AWG mm
731004 VH RED 22-16 | 0.5-1.5 | 12.5| 23.0 | 4.3 | 10.5 0.157 4
735004 VH BLUE 16-14 | 1.5-2.5 | 12.4} 23.9 | 4.8 |11.5 0.157 4
735005 VH BLUE 16-14 | 1.5-2.5 12.4| 23.9 | 4.8 |11.5 0.196 5
733005 VH YELLOW 12-10 | 2.5-6.0 | 13.2| 27.0 | 6.5 | 13.8 0.196 5
For this item.  Also available in VM, and FEH series. If you need more detail specification and any informa-

tion. Please feel free to let us know.



