GROMMETS AND BUSHINGS
QUICK FIT GROMMET (QFG)

e Protects wires and cables
when passing through metal
panels

e Open grommet designed to
snap neatly and quickly into
position

o Material: Soft PVC, RMS-25

o Color: Black

o Standard Pack: 1000 per bag QFG
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THICKNESS
PART_NO. HOLE INSIDE OUITSIDE
T'=.32 (8.0) T'=.33 (8.5) T"=.37 (9.5) SIZE DIAMETER | DIAMETER
"P"=.06 (1.5) | "P"=.08 (2.0) | "P"=.12 (3.0) "H" D" "oD"
QFG-16200 QFG-16210 QFG=16220 | .39 _(10.0) | .24 (6.0) | .53 (13.5)
QFG—16201 QFG—16211 QFG—16221 | .43 (11.0) | .28 (7.0) | .57 (14.5
QFG—16202 QFG—-16212 QFG-16222 47 (12.0) .32 (8.0) | .61 (15.5)
QFG-16203 QFG—16213 QFG—16223 | .55 (14.0) | .39 (10.0) .69 (17.5)
QFG-16204 QFG-16214 QFG—16224 | .63 (16.0) | .47 (12.0)] .77 (19.5
QFG—-16205 QFG—16215 QFG—16225 | .71 (18.0) | .55 (14.0)] .85 (21.5)
QFG—16207 QFG—16217 QFG—16227 | .87 (22.0) | .71 (18.0)[1.00 (25.4)
QFG—16208 QFG—16218 QFG-16228 [1.02 (26.0)| .87 (22.0)[1.16 (29.5)
QFG-16209 QFG-16219 QFG—16229 [1.10 (28.0}].94 (24.0}[1.74 (31.5
e 14 sizes to fit 3/16" to 1-1/4” ¢ Material: Flexible vinyl, RMS-25
(4.8mm-31.8mm) diameter holes e Color: Black

¢ Accommodates 1/8" to 17 (3.2mm- « Standard Pack: 1000 per bag

25.4mm) diameter wires and cords
o |nstalls instantly; simply snap into

hole
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OUTSIDE INSIDE HOLE PANEL GROMMET
PART NO. DIAMETER DIAMETER SIZE THICKNESS THICKNESS
"0D "ID” "H" 'T”
HG-2 5/16 (8.0) 1/8 (3.2) 19 (4.8) 1/1b (1.6) 1/4 (6.4
HG—-2.5 3/8 (9.5) 5/32 (4.0) .25 (6.4) [ 1/16 (1.6) 1/4 (6.4)
HG~3 7/16 (11.0) 3/16 (4.8) .31 (8.0) 1/32 (0.8) 3/16 (4.8)
HG—=3.5 6 (11.0) 7/32 (5.5) 31 (8.0) | 1/16 (1.6) | 7/32 (5.5)
HG-4 9 6 (14.2) 1/4 (6.4) .37 (9.5) 3/32 (2.4) 1 9/32 (7.0
HG-5 9 6 (14.2) 5/16 (8.0) 44 (11.0) 3/16 (4.8)
HG-6 43/64 (17.0) 3/8 (9.5) .49 (12.5) 9/32 (7.0
HG-8 55 64 (22.0) 1/2 (12.5) 69 (17.5 1/4 (6.4)
HG-9 55/64 (22.0) 9/16 (14.2) 69 (17.5) 3/16 (4.8
HG—10 55/64 (22.0) 5/8 (16.0) .75 (19.0 1/16 (1.6) [[7/32 (5.5)
HG-11 15/16 (24.0) 11/16 (17.5) | .75 (19.0) 3/16 (4.8)
HG=12 [ 1-15/64 (51.4) |4/7/64 (18.5) | .99 (25.2 5/16 (8.0)
HG-14 1-3/16 (30.2) [55/64 (22.0) [1.00 (25.5) 5/16 (8.0
HG-16 1-1/2 (38.0) [31/32 (24.7) [1.25 (32.0) 19/64 (7.8
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