- A B C D E
CP-LB12-#-H 11.6 10.4 9.4 28 75
CP-LB16-#-H 16.0 15.0 12.0 3.8 12.0
CP-LB21-#-H 21.0 17.0 14.8 24 15.9
CP-LB28-#-H 28.0 15.8 13.0 3.0 21.6

"#" |Color: "H" |Shaft Hole
1 RED 1D 3.2mm CP-LB12-1-1D CP-LB16-5-2D CP-LB21-6-6D CP-LB28-1-2D
5 |GREY 2D |6.4mm
6 |BLACK 4D |4.0mm
6D 6.0mm
LASTIC ©
RS PN RS P/N
259-6806-0005 CP-LBI2-1-1D 259-6963-0005 CP-LB21-1-2D
259-6828-0005 CP-LB12:5-1D 259-6985-0005 CP-LB21-5-2D
259-6812-0005 CP-LBI2-6-1D 259-6979-0005 CP-LB21-6-2D
259-6834-0005 CP-LB12-1-4D
259-6856-0005 CP-LB12-6-4D 259-6991-0005 CP-LB28-1-2D " -
259-7017-0005 CP-LB28-5-2D e
259-6862-0005 CP-LB16-1-1D 259-7001-0005 CP-LB28-6-2D
259-6884-0005 CP-LB16-5-1D 259-7023-0005 CP-LB28-1-6D ‘
259-6878-0005 CP-LB16-6-1D 259-7045-0005 CP-LB28-5-6D -
259-6935-0005 CP-LB16-1-2D 259-7039-0005 CP-LB28-6-6D =
259-6957-0005 CP-LB16-5-2D
259-6941-0005 CP-LB16-6-2D
259-6890-0005 CP-LB16-1-6D —
259-6929-0005 CP-LB16-5-6D
259-6913-0005 CP-LB16-6-6D

Material: PLASTIC
Tolerance: +/-0.20
Unit : mm

P/N:

CP-LB __ SERIES
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