Collet Knob
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TOLERANCE : £0.20mm
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RS Stock_No [PART No A B C D E F G H | LINE
463-8520 __|CF-BH15-S(3.2) /B 147 | 130 | 162 | 170 | 32 | 67 | 00 | 7.3 | 10.0 |WITHOUT LINE
463-8485 __ |CF-BH15-S(6) /B 147 | 130 | 162 | 170 | 60 | 6.7 | 00 | 7.3 | 10.0 |WITHOUT LINE
463-8508 __|CF-BH21-S(6) /B 213 | 196 | 171 | 181 | 60 | 100 | 32 | 50 | 17.0 |WITHOUT LINE
463-8514 __|CF-BHI15L-S(6)/ B 147 | 130 | 162 | 170 | 60 | 6.7 | 00 | 7.3 | 10.0 |WITHLINE
463-8457 __|CF-BH15-5(6.4) /B 147 | 130 | 162 | 170 | 64 | 67 | 00 | 7.3 | 10.0 |[WITHOUT LINE
463-8463 __ |CF-BH21-S(6.4) /B 213 | 196 | 171 | 181 | 64 | 100 | 32 | 50 | 17.0 |WITHOUT LINE
463-8479 __ |CF-BH15L-S(6.4)/B_| 147 | 130 | 162 | 170 | 64 | 67 | 00 | 7.3 | 100 |WITHLINE
CAP 463-8536 463-8542
|
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RS Stock_No |PART No Cap size o i (L. 1
463-8536____|CF-BH15-6/C 14.7 [ | ¥ b0 L | A ¢ 5‘.0
463-8542 CF-BH21-6/C 21 ’ . 1 |

o] | 15.7~ |




Nut cover

PART No

RS Stock No cover size
463-8564 CF-BH15/ NC6 14.7
463-8570 CF-BH15L / NC6 14.7
4638570
4638564

Knob pointer

O

RS Stock No PART No pointer size
463-8586 CF-BH15 / R6 14.7
463-8592 CF-BH21/ R6 21

4638592
PILLAR

4638586
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