
EN 

RS Stock number 510-4810 

RS, Professionally Approved Products, gives you professional quality parts across all products categories. Our range has 
been testified by engineers as giving comparable quality to that of the leading brands without paying a premium price. 

Drawing (mm): 

Tolerance A +0.50 B +1.00 C +0.05 D +0.5 L +0.5 

Size (mm) 0.4 12.3 3.5 11.8 20.0 

Specifications: 
Wire Range:                   22-18 A.W.G (str & sol) 
Electrical Rating:           105°C 600 Volts Max. 
Electrical Current:         10 Amp 
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