Professionally approved products.

Datasheet

14 W IDC Side Socket
RS Stock number 642-4963
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Product Specification

10P-12P s

Material

Insulator :Glass-Filled Thermoplastic
PBT, ULS4V-0 rates

Contact : Copper alloy
Ploted full gold or selected gold in

mating area, 100u’ min, tin-lead on
on termination area, with entire contact
under—plated S0u" min. Nickel

Electrical

Contact Resistance 20 milliohms
Insulotion Resistonce 5000
mogohms at 200 WVDC

Dielectric Withstonding Voltage :
S00 VAC/rms 60Hz for 1 minute

Current Rating 1 AMP
Yolatge Rating 250 VAC/rms G60Hz
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