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Minimum cable diameter: 3
Maximum cable diameter:

- with rubber bushing:

- without rubber bushing:

09 67 009 0323

M3

Part number

Threaded insert

Max. torque = 0,4 N.m

(4 screws)

Cable diameter —=

D

1L,9

25

31,6

Threaded insert

AUL Dimensions in mm
Original Size DIN Ak

Scale

1:1

Free size tol.

Ref.

Sub.
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