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Housing Style - Rectangular Part Number ID Number Features G/ax Output
Q34 - Embeddable, Potted-In Cable Bi10F-Q34-ADZ30X2/S34 T4202100 |Front Sensing, WFI e 10
[E‘éﬁsm Bi10T-Q34-ADZ30X2/534 74202200 | Top Sensing, WFI| o | 10
FRONT
3.071 [78.0] " SENSING
2.677 [68.0] /:;39 (34.0]
2-Wire
1.339 [34.0] AC/DC
Short-Circuit
Protected
L19.374 [9.5] 4x
0.217 [5.5] 2x THRU
MOUNTING HOLES CAN
BE ROTATED 80"
Q34 - Embeddable, eurofast ® Connector Bi10F-Q34-AP6X2-H1141 T4693190 Front Sensing . 10
[ggf;smc Bi 10T-Q34-AP6X2-H1141 T4693390 | TopSensing | o | 10
FRONT
3.071 [78.0] L~ SENSING
2.677 [68.0] /:;39 [34.0]
2.362 [60.0]
3-Wire DC
1.339 [34.0] PNP
L198.374 [9.5] 4x
©.217 [5.5] 2x THRU
MOUNTING HOLES CAN
BE ROTATED 90"
Q34 - Embeddable, minifast® Connector Bi10F-Q34-AP6X2-B1141 T4693100 Front Sensing . 10
[;g:smc Bi10T-Q34-AP6X2-B1141 T4693300 | TopSensing | o | 10 3‘“","’;“
3071 [7@\ L SnsinG
2677 (680 3 3e0) Bi10F-Q34-ADZ30X2-B1131/S34 | T4201100 |Front Sensing, WFl e | 10 2-Wire
Bi10T-Q34-ADZ30X2-B1131/534 | T4201200 | Top Sensing, WFI| o | 10 AC/DC
Short-Circuit
1338 [340] Protected
/Q Bi10F-Q34-AZ3X2-B1131 T1369200 Front Sensing ° 10
peseles o | Bi10T-Q34-AZ3X2-B1131 T1369000 | TopSensing | o | 10
2-Wire
AC/DC
MOUNTING HOLES CAN
BE ROTATED 90"
Q34 - Embeddable, microfast® Connector Bi10F-Q34-ADZ30X2-B3131/S34 | T4217000 |Front Sensing, WFl o | 10 T
o Bi10T-Q34-ADZ30X2-B3131/S34 | T4217100 |Top Sensing, WFI| o | 10 AC/DC
I oo Short-Circuit
3.071 [78.0] L~ SENSING Protected
2677 [66.0] /:;39 [34.0]
g Bi10T-Q34-AZ3X2-B3131 T1369098 Top Sensing . 10
\\\\,\ 1.339 [34.0]
787 [20.0] <>‘s{ 4
f}Q 3 2-Wire
N o2 5 5 e AC/DC
) \ ©.217 [5.5] 2x {0}
o))
1/2-20UNE. g
MOUNTING HOLES CAN
BE ROTATED 90"

WFI = Weld-Field Immune Sensors.

For detailed sensor specifications see Section M.
Normally Closed versions available upon request, consult factory.
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TURCK mold-on connectors available - )
on all cable sensors. See page M25. #\.}/
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Voltage s& /&S S < L/EL) L/ S SéE Sa Wiring Diagrams
30 <400/300 | -25to+70 IP67 PBT | PBT GN RD | 2M/PVC 1 5
Diagram 1
30 <400/300 | -25to+70 IP 67 PBT | PBT GN RD | 2M/PVC 1 o u
o
ONw ~
[Loap]
L2
10-300 VDC
20-250 VAC
500 <200 -25t0 +70 IP 67 PBT | PBT GN YE | RK 4T-*
500 <200 -25to +70 IP 67 PBT | PBT GN YE | RK 4T-*
Diagram4
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500 <200 -25t0 +70 IP 67 PBT | PBT GN YE | RKM 40-*M B
500 <200 -25t0 +70 IP 67 PBT | PBT GN YE | RKM 40-*M
30 <400/300 | -25to+70 IP67 PBT | PBT GN RD | RKM 30-*M 4
10-300 VDC 30 <400/300 | -25to+70 IP67 PBT | PBT GN RD | RKM 30-*M
20-250 VAC -
20 <400/300 | -25to+70 IP67 PBT | PBT GN RD | RKM 30-*M 4
20 <400/300 | -25to+70 IP 67 PBT | PBT GN RD | RKM 30-*M
10-300 VDC
20-250 VAC
30 <400/300 | -25to+70 IP67 PBT | PBT GN RD | KB 3T-* 5
10-300vDC | 30 | <400/300| -25t0+70 | P67 | PBT | PBT | GN | RD |KB 3T-* 5
20-250 VAC
20 <400/300 | -25to+70 IP67 PBT | PBT GN RD | KB 3T-* 5
10-300 VDC
20-250 VAC

For material descriptions see page M36.
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