JF-T2/20 Synthetic Media
Fire Rated

RS Stock No. 827-9529

Initial pressure drop

General Description General Properties
Thermobonded non-woven 100% PET fibres
Homogeneous and consistent Thermal Stability of 90°C 8— 150
Colour: White Flameretardant properties S
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HVAC : Heating, Ventilating and Air Conditioning systems. Fire Rated _
air flow (m?/h)
Weight ISO 2073-1 a/m? 200
Thickness ISO 2073-2 mm 20
Pressure drop - Arrestance vs Dust fed
Flammability DIN 53 438 K1 / F1
NF P92-507 M1
400
NF F16-101 F1 30 - . _ 1 100
- Q 300 — <
Initial pressure drop EN 779 Pa 49 - 18 S
S 20 o o
Recommanded final EN 779 PG 250 5 0 / 1 60 CCJ
pressure drop o _— IS
9 S 150 — ta 3
Tested Area EN 77 m? 0.372 2} / bt
S 100 s <
e - 120
Air Flow Rate EN 779 m3/h 2008 O 5 gu—
0 0
Initial arrestance EN 779 % 81.70 0 40 80 120 160
Average arrestance EN 779 % 90.30 dust fed (9)
Dust holding capacity EN 779 a/m? 368
Filter class EN 779 G4 Pack Sizes

1m x 2m x 20mm roll
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