Combo D® - Coaxial/50 Ohm

Straight Receptacle for PCB Mounting (Board Thickness Up To .125 [3.18])

Contact Finish Gold Over Ni Gold Over Ni 304 in. Gold 30 in. Gold .
Integral Boardlock No Yes No Yes
DE-5W1 DEMYSX1SNA197 DEMZEX1SNATST DEMV5X1SNK126 DEMZ5X1SNK126
DA-TW2 DAMVTX2SNA187 DAMZTX25NA197 DAMVTX2SNK126 DAMZTX25NK126
DA-1WI1 DAMYIIXISNAT97T  DAMZ11X1SNATSY DAMV11X1SNK126 DAMZ11XTSNK126
DA-3W3 DAMV3X3SNA197 DAMZ3X3SNA197 DAMV3X3SNK126 DAMZ3X3SNK126
DB-5W5 DBMVEX5SNAT97 DBMZEX55NA107 DBMVEX5SNK126 DBMZ5X5SNK126
0B-9W4 DBMVAX4SNAT97 DBMZOX4SNAT97 DBMVIX4SNK126 DBMZ9X8SNK1 26
DB-13W3 DBMVI3X3SNATS7  DBMZI3X3SNAT97 DBMV13X3SNK126 DBMZ13X3SNK126
DB-17W2 DBMVI7X2SNA197  DBMZI7X2SNAT97 DBMV17X25NK126 DBMZ17X2SNK126
DB-21W1 DBMV21XISNAT97  DBMZ21X1SNA197 DBMV21X1SNK126 DBMZ21X1SNK126
DC-8W8 DCMVBXBSNA197 DCMZ8X8SNA197 DCMVBXSSNK126 DCMZ8XBSNK 126
PCB Hole Patterns — Pages 35-36 DC-13W6 DCMVI3XGSNAT9T  DCMZI3XGSNAIS? DCMVISXGSNKT2Z6  DCMZ13XBSNK1Z6
Part numbers come complete with fixed, female, DC-17W5 DCMV17X5SNA197 DEMZ17X55NA197 DCMV17X5SNK126 DCMZ17X5SNK126
signal and coaxial contacts. DC-21WA4 DCMV21XA4SNAIO7  DCMZ21XAMSNAI9 DCMV2IXASNK126  DCMZ21XA4SNK126
Tin PC tails, add — A220. 0C-25W3 DCMV25X3SNAT7  DCMZ25X3SNA1ST DCMV25X3SNK126 DCMZ25X33NK126
0c-27W2 DCMV27X2SNATS7  DCMZ27X2SNA197 DCMV27X2SNK126 DCMZ27X2SNK126
0D-24W7 ODMV24X7SNATS7  DOMZ24X7SNA197 DDMV24X7SNK126 DOMZ24X7SNK126
DD-36W4 DOMY36X4SNATS7  DOMZIGXASNATYY NDMY36X4SNK126 DDMZ36X4SNK126 .
DD-43W2 DDMV43X2SNAT97  DDMZA3X25NA197 DDMV43X2SNK126 DDMZ43X2SNK126
DD-47TW1 DDMVATX1SNA197  DDOMZA7XISNA17 DDMVA7X1SNK126 DOMZATXTSNK126
Straight Plug for PCB Mounting (Board Thickness up to .125 [3.18])
Contact Finish Gold Over Ni Gold Over Ni 304 in. Gold 30z in. Gold
Integral Boardlock No Yes No Yes
DE-5W1 DEMV5X1PNKS? DEMZ5X1PNKBT DEMY5XTPNK127 DEMZEX1PNK127
DA-TW2 DAMVTX2PNKS7 DAMZ7X2PNK8? DAMVTX2PNK127 DAMZTX2PNK127
DA-TIWI DAMV11X1PNKS? DAMZTTX1PNKST DAMVTTXTPNK127 DAMZ11X1PNK127 .
DA-3W3 DAMV3X3PNKB? DAMZ3X3PNKS? DAMV3X3PNK127 DAMZ3X3PNK127
DB-5W5 DBMVSX5PNKS? DBMZ5X5PNKS7 DBMVSX5PNK127 DBMZ5X5PNK127
DB-9wW4 DBMYIX4PNKS? DBMZIX4PNKS7 DBMVIX4PNK127 DBMZIXA4PNK127
PCB Hole Patterns — Pages 35-36 DB-13W3 DBMY13X3PNK8? DBMZ13X3PNKS7 DBMV13X3PNK127 DBMZ13X3PNK127
Part numbers come complete with fixed, male, DB-17W2 DBMV17X2PNK87 DBMZ17X2PNKS? DBMV17X2PNK127 DBMZ17X2PNK127
} _ DC-8W8 DCMVBXSPNKS7 DCMZEX8PNKS? DCMVSX8PNK127 DCMZBX8PNK127
Tin PC tails, add — A220. 0C-13W6 DCMVISXEPNKST  DCMZI3XGPNKST DOMVISX6PNKTZT  DCMZI3YGPNKIZT
BC-17W5 DCMV17X5PNKS7 DEMZ17XSPNKBY DCMVI7X5PNK127 DCMZITX5PNK127
0C-21WAd OCMVZ1XAPNKS7  DCMZ21XAJPNKS? DCMV21XMPNKI27  DCMZZ1XA4PNK127
0C-25W3 DCMV25X3PNKS7 DCMZ25X3PNK8T DCMV25X3PNK127 DCMZ25X3PNK127
0C-27W2 DCMV27X2PNKB7 DCMZ27X2PNK8? DCMV27X2PNK127 DCMZ27X2PNK127
DD-24W7 DDMV24X7PNKS7 DDMZ24XTPNKBT DDMY24X7PNK127 DDMZ24X7PNK127
DD-36W4 DOMV36X4PNKS? DDMZI6X4PNKBT DDMV3GX4PNK127 DDMZ36X4PNK127
DD-43W2 DDMV43X2PNK8? DDMZ43X2PNKST DOMVA3X2PNK127 DDMZ43X2PNK127
DD-47W1 DDMVA7X1PNKB7 DOMZ4TX1PNKST ROMV4TXTPNK127 DOMZ47X1PNK127

Highlighted part numbers indicate standard product; usually available with shorter lead times.
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Dimensions are shown in inches (millimeters).
Dimensions subject to change.
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For technical assistance, price or delivery information, call your local technical sales office ar distributor.
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Combo D® - Coaxial

Straight Printed Circuit Board Hole Pattern

Face view, pin insert
{for receptacle, hole pattern is a mirror image)
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Shell Size B
Contact Arrangement 11W2 25W3
No. of Signal Contacts 15 #20 22 420
No. of PC Coaxial Contacts 2 3
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Shell Size C
Contact Arrangement w8 13W6
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Shell Size c c e No. 20 .
Contact Arrangement 21WA4 17W5 :’n'lall:]i Dia
No. of Signal Contacts 17 #20 12 #20 ar oha. :
No. of PC Coaxial Contacts 4 5 .030 (0.76) 045 (1.14)

I TT Cannon Dimensions are shown in inches (millimeters).
Dimensions subject to change. 35
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Combo D® - Coaxial

Straight Printed Circuit Board Hole Patterns

Face view, pin insert
{for receptacle, hole pattern is a mirror image)
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Dimensions are shown in inches {millimeters).
Dimensions subject to change.

Far technical assistance, price or delivery information, call your local technical sales office or distributor.
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Combination D Subminiature connectors are the
fastest growing segment of the D Subminiature
market. ITT Cannan engineering teams, in keeping

. pace with the demands of the industry, have devel-
oped the broadest sefection of Combination D Sub-
miniatures available.

We offer the ability to integrate signal and 50 and
75 ohm coay, high power, and high voltage. You can
mix red, green, and blue video lines with signal and
up to 40 amps of power in the same package.

Design variations of the new Combo D connector,
versus other packaging methods, include the proven
ITT Cannan pelarized D" shape to prevent mis-
mating; dense, space-saving packaging; and diverse
mounting options. Choose from a variety of cable
and printed wiring board selections. Printed wiring
board combos come pre-assembled with fixed con-
tacts eliminating the need to buy several compo-
nents.

G

This new line of connectors offers you unlimited =
design versatility. Straight and right angle printed wiring board contacts are avarlable in both coax and high power versions.

‘Performance and Material Specifications

Connector Assemblies

Description Material Finish

Shell Steel Tin

Insufator Thermoplastic or Diallyl Phthalate, UL 34V-0 rated. None

Size 20 contacts when applicable Copper alloy Gotd over nickel or 30y inches, gold over nickel.
Standoff Copper alloy Electrodeposited Tin/Lead over Copper

Bracket Steel

Rivnut Steel or Copper alloy Electrodeposited Tin/Lead over Copper.

Eyelet Copper alloy

Coaxial Assembly

Contacts and shells Copper alloy Gold over nickel or 50y inches gold over copper.
Ring, retaining Copper alloy Nickel

Insulator Teflon None

U.L. File Number; E8572

Performance Data Dielectric Withstanding Voltage
Signal Contact Current Rating 5 Amp Altitude (feet/m)
Temperature Rating 85 to +150C Sea Level 20,000/6096 50,000/15240 70,000/1336
Signal Contact Resistance 5 @ 7.5 Amp Type of Contact 90° | Straight | 90° | Straight | 90° | Straight [ 90° | Straight
millivolt max. test current Center Conductor Average Flashover 1200 | 1500 500 | 1000 600 700 400 500
Coax Impedance 75 or 50 ohm to Coaxial Shell Test 800 | 1000 [ 60D | 650 | 400 | 475 | 275 | 325
Coax VSWR Less than 1.3-1.0 up to 500 Coaxial Shefl to Nearest Average Flashover . 1500 . 1500 4 900 . 650
megahertz Standard Solder Pot Contact Togt * 1000 . 1000 . 600 . 425
Coax Insertion Loss 1 db loss at 500 megaberts. o power contact and/or  Average Flashover | 1500 | 1500 | 1000 | 1000 | 500 | 500 | 500 | 500
Coaxial Shell to Plug Shell  Test 1000 | 1000 | 650 | 650 | 325 | 325 | 325 | 325
. Average Flashover 1700 1000 650 500
#20 Signal Test 1250 750 475 375
HY Contact to Nearest Average Flashover 3800 | 3800 | 2300 | 2300 900 900 650 650
Contact or to Shell Test 2800 | 2800 | 1700 | 1700 675 675 475 475
All voitage figures are rms AC 60 rms cps, measured at approximately +25°C, 50% rh. Impedance: 50 ohm, 75 shm

TTT Cannon

For technical assistance, price or delivery infarmation, call your locat technical sales office or distributor.
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Combo D® — Coaxial 75 and 50 Ohm

Coaxial Housing With Solder Cup Signal Contacts

Standard 30 in. Gold Standard 30 in. Gold .
Layout Socket Socket Pin Pin
DE-5W1 DEMGWISATST DEMGWISK126 DEMEWIPKE DENEWIPK127
DA-TWZ DAMTW2SA197 DAMTW2SK126 DAMTW2PKET DAMTW2PK12]
DA-TTWI DAMTTWISATST DAMITWISKT26 DAMIIWIPKST DAMVIWIPK1Z]
DA-3W3 DAMBW3SA1S7 DAM3W3SK1Z6 DANW3PKE? DAM3W3PK127
DB-5W5 DBMBWESA197 DBM5WESK126 DBM5WSPK87 DBMBWSPK127
DB-9Wa DBMIWASA1S7 DEMIWASK126 DBMIWAPKET DBMOWPK127
DB-13W3 DBM13W3SA197 DBM13W3SK126 DBM13W3PKS7 DBM13W3PK127
S DB17W2 DBM1TW2SA197 DBMI7TW2SK125 DEMITW2PKST DBMITW2PK12]
® Cable combinations supplied with preloaded sol- 0B-2W1 DEM21WISATST DBM2TWISK126 DBM21TWIPKS7 DBMZIWIPK1Z7
. gg ostln?:aclo;ingit;cts supplied separately (see DC-8W8 DOMBWESAT97 DCMBWSK126 DCMBWEPK87 DCMBWEPK127
vages 27.28) DL-13W6 DCMTIWGSATST DCMT3WESK126 TCM13WGPKS DOMT3W6PKT27
o 75 ohm coax contacts supplied separately (see DCITWS DO TW5SATS7 DCMTTW5SK126 DCMITW5PKGT DCMTTWSPK127
page 23) DC-21Wad DCM2ZTWAASATT DCM2IWA4SK126 DCM21WA4PKST DCM2TWAZPKTZ]
, ‘ , 0C-25W3 DCMZEW3SATS7 DCMZ5W3SK126 TCMZEW3PKST DCMZ5W3PK127
Clinch Nut 1’:1‘;.”2“ M:“:é g:’,"";‘SNA"a"ah'E: DL-27W2 DCMZTW2SATST DCM2IW2SK126 DCMZTW2PK8T DIM2IW2PK127
"V — Float M'[;‘:min;‘ D0-24W7 DOM24WTSA197 DOM24WTSK126 DOM24WTPKB7 DOM24WTPK127
Examplo: DAME3W3PKS? D0-36W4 DOMIGWASATST DOM36WASK125 OOM36W4PK87 ovsewrkiz @)
DAMY3W3PK8? D043W2 TOMAIW2SAT7 DOMA3WZSK126 DOMA3W2PKET DOMAIWZPK127
Mounting Method Detail — Page 6. D04TW1 DOMATWISATST DOMATWISK126 TOMATWIPKET DOMATWIPK127

Highlighted part numbers indicate standard product; usually available with shorter lead times.

Contact Arrangements

(Will accommodate Remavable Coax, Power and/or High Voltage Contacts) Note: Colar Code — Pin Connector: Red, Socket Connector: Blue
5E4 (668) (05L8) (o) \oooo o) (6008

Shell Size E A A A B

Contact Arrangement 5W1 3W3 W2 11W1 5W5 w4

No. of Signal Contacts 4 420 0 5 420 10 #20 0 5 #20

No. of Coaxial Contacts 1 3 2 1 5 [}

Shell Size B B
Contact Arrangement 13W3 171W2
No. of Signal Contacts 10 #20 15 #20
No. of Coaxial Contacts 3 2

AT < e

(BEBE00W) (BOWEBBO

Shell Size ¢ C ¢ [
Contact Arrangement 13W6 17W5 21WA4 25W3
No. of Signal Contacts 7420 12 420 17 #20 2 #20
No. of Coaxial Contacts 6 5 4 3

132 13

QO '-.5.3.3.3.3.3. (XXX X) “O)

33 15 36 17 18 19 20 21 22 23 24 25

Shell Size c D D
Contact Arrangement 21W2 36W4 43W2
No. of Signal Contacts 25 #20 32 #20 N 420
No. of Coaxial Contacts 2 L) 2

Shell Size

Contact Arrangement
No. of Signal Contacts
No. of Coaxial Contacts

| TT cannon Dimensions are shown in inches {miflimeters).
Dimensions subject to change.

For technical assistance, price or defivery information, call your local technical sales office or distributar.




