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SCHEMATIC —3 PART_NO. CENTER PIN DIA.
2 ADC—002—9—N-PC | .065 [1.65] 6216
_ ADC—002—1—N—-PC | .078 [2.00] [5.50]
SPECIFICATIONS: ADC—002—2—N-PC | .098 [2.50]
Material: .
Insulator: PBT, Glass reinforced, rated UL 94V-0
Insulator color: Black
Center Pin: Copper Alloy, Nickel plated DC MATE PLUG
Contacts: Copper Alloy
Plating:
Tin over Copper underplate overall T a——— bbb\s ﬂlmOI
Electrical:
Operating voltage: 16 VDC max. Wwffmm%zmozmuozmw%x% 7@ mwmmzom& .
Current rating: 2.5 Amp max. L Zix M2, Ummmoﬂmwmm&@%w@owocm%@ @zogmmmmwwjo
Contact resistance: 50 mohms max. initial XX £.020 @xx  £015 TILE
Insulation resistance: 100 Mohms min. XXX _E 015 @Xxx  +.010 DC Power Jack. Notched Housin
Dielectric withstanding voltage: 500 VAC for 1 minute APPROVALS DATE W_O_._._..PZO_-M _.uom g
Temperature Rating: DRAWN sLs 12/22/08
Operating temperature: —25°C to +85°C SIZE JPART NO. REV.
Environmental: crFcKeD ADC-002-X-N-PC
X A
Lead free, RoHS compliant APPROVED REF:  S00021C scae: NTS | SHEET 1 oF ¢
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