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SPECIFICATIONS:
Material:
Insulator: PBT, Glass reinforced, rated UL 94V-0
Insulator color: Yellow
Contacts: Copper Alloy |
Plating:
Tin over Copper underplate
Electrical:
Operating voltage: 12 VDC max.
Clrrent ating: 1 Amp max. s g s ADAM TECH
Contact resistance: 30 mohms max. initial TOLERANCES: EXCEPT AS NOTED 909 Rahway Avenue, Union, NJ 07083
Insulation resistance: 100 Mohms min. X E.0 Zix - £10 Phone: 908-687-5000 Fax: 908-687-5710 A
Dielectric withstanding voltage: 500 VAC for 1 minute WP g Lo b
Temperature Rating: APPROVALS DATE
Operating temperature;: —65°C to +125°C R - o/21/08 STEREQ JACK, COLOR YELLOW
Environmental:
Lead free, RoHS compliant. n_Mzwrﬂzwq CHECKED mv,mm T ASKEXXY "
Recommended soldering temp: 235°C for 5 sec. APPROVED — R BRI
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