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 ■ Auto Switcher Cable switches between 3 HDMI sources
 ■ Bi-Direction Cable functions as a 3x1 switcher or 1x3 splitter 
 ■ 4K2K high-resolution, 1080p and 3D
 ■ 340 MHz/3.4 Gbps per channel bandwidth

HDMI Auto Switcher Cable

        

Item # Figure Description

HDI-4031 FIG. 1 HDMI 3X1 AUTOMATIC SWITCHER CABLE, 4K2K, 23ʺ (MANUAL OPTION)

HDI-4013 FIG. 2 HDMI BI-DIRECTION SWITCHER/SPLITTER CABLE, 4K2K@60HZ, 20ʺ (MANUAL OPTION)

HDMI Switcher/Splitter Cables

 ■ One HDMI Input, multiple HDMI outputs
 ■ Available in standard 1×4 and Mini 1x2 Splitters
 ■ 4K2K high-resolution (4K2K@60Hz), 1080p and 3D

        

Item # Fugure Description

HDI-4212 FIG. 3 HDMI 1X2 V2.0 SPLITTERS, 4K2K@60HZ (18 Gbps)

HDI-4214 FIG. 4 HDMI 1X4 V2.0 SPLITTERS, 4K2K@60HZ (18 Gbps)

HDI-4412 FIG. 5 HDMI 1X2 V1.4 SPLITTERS, 4K2K@60HZ (10.2 Gbps)

HDI-4414 FIG. 6 HDMI 1X4 V1.4 SPLITTERS, 4K2K@60HZ (10.2 Gbps)

HDMI Splitters
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 ■ Manual or automatic switching
 ■ Will automatically select active source
 ■ CEC pass-through function
 ■ 20 inches cable length

HDMI Bi-Direction Switcher/Splitter Cable

 ■ Support 600 MHz/6.0 Gbps per channel bandwidth 
 ■ Supports compressed and uncompressed audio
 ■ Deep color up to 36-bit


