
Nominal data 

Type 

Nominal voltage (UJ 

Permissible supply voltage range (U,J 

Max. reverse voltage 

Nominal speed (n,) 

Nominal torque (M,)** 

Nominal current (I,)** 

Nominal output power (P.)** 

Starting torque (Mm.,) 

Speed at no-load operation (n,) 

No-load current (I
L
) 

Recommended speed control range 

Set value input 

Rotor moment of inertia (JJ 

Function for motor protection at stall 

Overload protection 

Permissible ambient temperature range (T") 

Weight 

Order no. (wire interface)* 

Order no. (connector interface)* 

Subject to alterations 

:g 24 
,-!. 

0 
N 

ECI motor. 
ECl-63.XX-K4 

- Drive with completely integrated 40 operation and control electronics

- Speed, torque or position mode possible

- Selection of operating modes and parameter setting via RS485

- Extensive interface with various inputs and outputs

- Output stage enabled via digital input

- Integrated brake chopper

- Speed set values from n=O with holding torque up to 5 000 rpm

- Excellent control behavior via field-oriented control

with sine commutation

- High efficiency and high power density realized in a compact design

- User-friendly parameter setting with "Kickstart" PC software

---------:11 Ill !II Ill Ill 

voe 24 48 24 48 

voe 18 ... 30 18 ... 53 18 ... 30 18 ... 53 

voe 35 58 35 58 

rpm 4 000 

mNm 425 450 600 750 

A 8.50 5.40 12.3 7.20 

w 178 188 251 314 

mNm 1 480 1 890 1 500 3 000 

rpm 5 800 5 800 5 900 5 800 

A 0.50 0.50 0.90 0.50 

rpm 0 ... 5 000 

analog / PWM /frequency/ digital 

kgm' x10-s 19 19 38 38 

thermal 

integrated 

oe 0 ... +40 

kg 0.85 0.85 1.15 1.15 

IP 40 932 6320 403 932 6320 405 932 6340 403 932 6340 405 

IP 54 932 6320 400 932 6320 402 932 6340 400 932 6340 402 
. Classification of protection class refers to installed state with sealing on the flange side 
tt AIT" max. 40'C 
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18 ... 53 

58 

850 

8.60 

356 

2 550 

6 000 

0.60 

57 

1.50 

932 6360 405 

932 6360 402 
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