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The figure shows version VC-
MEMV-T3-Z

Metal sleeve housing, EMC-coating, locking screws with cylindrical head, with conductive seal, type 4, cable
screw connection Pg21

Key Commercial Data

Packing unit 5 pc
JI A0
47017918"133429
GTIN 4017918133429
Technical data
Dimensions
Height 75 mm
Width 33 mm
Length 104 mm
Ambient conditions
Ambient temperature (operation) -40°C ... 125°C
General
Size VC4
Locking type Screw locking, cylinder head
Tightening torque, mounting screw 1 Nm +0.5 Nm
No. of cable outlets 1
Cable outlet Angled
Type of the screw connection Pg21

Housing material

Zinc die-cast, surface bronzed and nickel-plated

Seal material

EPDM, conductive

Material of locking screw

V2A
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Technical data

Standards and Regulations

| Connection in acc. with standard CUL

Environmental Product Compliance

China RoHS Environmentally friendly use period: unlimited = EFUP-e

No hazardous substances above threshold values

Drawings

Dimensional drawing Dimensional drawing
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Approvals

Approvals

Approvals

UL Recognized / cUL Recognized / EAC / cULus Recognized

Ex Approvals

Approval details

UL Recognized N http://database.ul.com/cgi-bin/XYV/template/LISEXT/1FRAME/index.htm FILE E 118976
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Approvals

cUL Recognized

b\

http://database.ul.com/cgi-bin/XYV/template/LISEXT/1FRAME/index.htm FILE E 118976

EAC

ERL

B.01742

cULus Recognized
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