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Inline measurement terminal block for position encoder, complete with accessories (connector and labeling
field), 1 input for inductive length measuring scales with the impulse interface (P interface)

Your advantages

 Ultrasonic encoder speed of 2500 m/s to 2999.99 m/s

 Position resolution of 5 µm

 Evaluation of the position of a magnet

 1 magnetostrictive encoder can be connected

 Length measuring range of up to 3.85 m

 24 V encoder supply including monitoring

 Shielded connection

Key Commercial Data
Packing unit 1 pc

GTIN

GTIN 4017918934095

Technical data

Note

Utilization restriction EMC: class A product, see manufacturer's declaration in the download
area

Dimensions
Width 12.2 mm

Height 135 mm

Depth 71.5 mm

Ambient conditions
Ambient temperature (operation) -25 °C ... 55 °C

Ambient temperature (storage/transport) -25 °C ... 85 °C
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Technical data

Ambient conditions
Permissible humidity (operation) 75 % ... 85 %

Permissible humidity (storage/transport) 75 % ... 85 %

Degree of protection IP20

General
Mounting type DIN rail

Net weight 71 g

Interfaces
Designation Inline local bus

Connection method Inline data jumper

Transmission speed 500 kbps

Inline potentials
Designation Communications power (UL)

Supply voltage 7.5 V DC (via voltage jumper)

Current consumption max. 70 mA

Designation Main circuit supply (UM)

Supply voltage 24 V DC (via voltage jumper)

Current consumption max. 250 mA (Short-circuit and overload protection)

Encoder data
Current carrying capacity max. 250 mA

Environmental Product Compliance
China RoHS Environmentally friendly use period: unlimited = EFUP-e

No hazardous substances above threshold values

Drawings

Connection diagram
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Dimensional drawing
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Approvals

Approvals
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Approvals

Approvals

EAC

Ex Approvals

Approval details

EAC      EAC-Zulassung
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